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Fiber Cables Description Key

U U L I

‘ Cable family Fiber Type ‘ Trace color or jacket color CPR rating

Outdoor Arid Core Gel-Filled Tubes 8M G.652.D No Stripe Bca rated cable

Outdoor Arid Core Gel-Free Tubes G.652.D /G.657.A1 3 Green Stripes Ccarated cable
Micro Cable for Air-Blown Installation *Connector Grade Blue Dca rated cabe
Messenger Self-Support G.657.A1 Orange Eca rated cable
ADSS G.657.A2 Green
In/Out Zero Halogen, CPR-only flame G.657.B3 Brown

Cable Construction Attributes

rated C for APAC cables LSZH only

LazrSPEED 300 OM3 Slate

High Tensile Strength

In/Out Zero Halogen, Dual listed &

*Connector Grade White

CPRlisted Low Tensile Strength
- LazrSPEED 550 OM4 Red
\rr;?eo(?r Zero Halogen, CPR-only flame Aramid Yarn Strength Elements
*Connector Grade Black Glass Yarn St thEl ¢
. ass Yarn Streng ements
Indoor Zero Halogen, Dual listed LazrSPEED OM5 WB Yellow . :
Riser GRP Rod Dielectric Armored
Matrix Flat Ribbon Violet .
Plenum No Ripcord
Rollable Ribbon Rose
. Generic OM4 Aqua
Fiber count : Specialty Material Jackets,
i i Generic OM3
This field specifies the total fiber Strength Elements, Armour
count in the cable. A value of G.657.A1 8.6 MFD Tube size and type

Alternative Jacket (Rodent
1.4 mm Micro sheath cable Resistant Additive)

“002" means 2 fiber strands,
“048" means 48 fiber strands.

G.657.A2 8.6y MFD

Valid fiber counts are: 002, 004,

006,008,012, 024,036,048 1.5 mm Gel-Filled / B-LN cable High Density Polyethylene

250u

72,96 144, 288. Cable printing Nylon Jacket

Marked in meters 1.60 mm Gel-Filled / Other

Cabl BL-N cable GRP Armour
able construction Marked in feet : :
arrediniee 1.7 mm Gel-Filled Fire Survival
Stranded Loose Tube All-Dielectric Special print .
pecprin 1.7 mm Gel-filled / B-LN cable Aramid Yarns
Stranded Loose Tube CST Armored 200 Glass Yarns
Stranded Loose Tube Single Armor App"cation - DS cable 1.8 mm Gel-Filled / SLT
Double Jacket |
only 2.00 mm Gel-Filled / SLT /
Stranded Loose Tube Double Armor It uni Central Tube
Triple Jacket Multi unit
. . 2.1 mm Gel-Filled / SLT
Single Unit

Stranded Loose Tube Dielectric
Double Jacket

2.2 mm Gel-Filled / SLT

Nonmetallic Triple Jacket Subunit fiber count 2.3 mm Gel-Filled / SLT

Example “12" indicates 12
fiber per sub unit (tube)

2.50 mm Gel-Filled / SLT /
Central Tube

Central Tube All-Dielectric

Central Tube Armored
2.50 mm Gel-Free / SLT

Central Tube Drop Dielectric
2.8 mm Gel-Filled / SLT

Central Tube Drop Armored
2.8 mm Gel-Free / SLT / Central

Tube

Central Tube Flat Drop

3.0 mm Gel-Filled / SLT /
Central Tube

Distribution Cable

Interlocking Armoured Distribution
Cable 3.5 mm Gel-Filled / Central

Tube

Loose-tube Cordage

4.00 mm Gel-Filled / Central

40T or G

Mini Distribution Tube / Drop

Loose-tube Interlocking Armoured 40 6.0 mm Gel-filled / Central Tube
Cordage 60T / Drop

Mini-Drop Single-unit - applies to DS

construction
Retractable Dielectric

Multi-unit - applies to DS
construction

CommScope’s cable descriptions allow customers to understand the major part of the cable construction with the
help of the above key.

Please note, not all combinations/options are supported
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Optical Fiber Cables

Indoor Premises Distribution Fiber Cables

Distribution cables are color coded 900um tight buffered fibers for easy connectorization. Fiber counts above 24 are unitized for manageability.
All fiber types are bend insensitive. Single mode fiber is [TU-T G.657.A1 compliant, as well as backwards compatible to G.652.D.

‘ INDOOR PREMISES DISTRIBUTION CABLE - TIGHT BUFFERED - ALL-DIELECTRIC (NON-ARMORED)

|

Fib
Count Material ID Product Material ID Product Material ID Product Material ID Product
Number Number Number Number
PLENUM
2 760255255 ':\'AOS%Z/;%%S%' 760255257 r;\-/l(;ouz/&%%%é- 760255261 e 760255259 iy vpsie
4 760255256 m%‘:g%gg' 760255258 P,\'AOSOS/;%%?;’ 760255262 P&fgj&%@g 760255260 P&fgj;'f%g?
6 760251671 T\h%%ig%g' 760248757 P,\'Aostf/;%%g 760253573 P,\'/?SOSL','\D/I%ZCB' 760249758 P&?SS;%S?
8 760251670 T\;I%%SA%%Z;' 760249029 P,\'Aostf/;%%gé' 760253574 P,\'/CI’SOSL'E/I%Z(;' 760249759 P,;j’g&%g?
12 760251669 F:\;IOSLZAB%ZE' 760249030 P,\'AO;UZA%%SQ);' 760253575 P,\'AOSEL'&%Z(; 760249760 P,;j);j;'f/sd gg'
24 760251668 ':\;IOSZU“/;??%S%' 760249031 Pr\_AOsZSA%%Zé_ 760253576 PMOSZJL_EA%ch_ 760249761 bﬁﬁfj&%@'

LSZH & OFNR Dual Rate

o | s | MRS [ s | NEEOESC | ssopsisas | MOROSSSTU [ g | MO2OSE
4 760249358 ’\,‘\;I(;%‘Xg/ségg' 760249364 NM%%‘X%%S? 760231555 N'OO“'D,S';;G'FSUL‘ 760249370 NMOSOS;B%';Z'
6 | 760249359 eoaG0ey 760249365 uncroos 760231563 | 00D OGTUL 960249371 hyiiepsce
8 760249360 '\,‘\;g%ig%g' 760249366 N,\;I%%ig%gé' 760231571 N'OOS'D&}EG'FSUL' 760249372 NMOSOS;B%'%'
12 760249361 “,‘\;I%ZA'B/SC');;' 760249367 NI\;I%LZA_(D)%Zé_ 760231589 | N0 Z’DJ;EG'FSUL' 760249373 NMOJS;B%'SBZ’
24 760249362 ’\,‘\;gﬁ‘xg%gg' 760249368 NM%‘X%%Z? 760231597 N'OZ4'D,\;;EG'FSUL' 760249374 NMOSZJ;B%';Z'
48 | 760250122 m;‘gfos/gé 760250119 kﬁﬁfos/_gg?: 760250125 MMOYL093
72| 760250118 &%S;ADQS;; 760250121 ;ﬂﬁfgggg 760250120 MVOYU0s
9% | 760250124 5(3&%&;& 760250123 ;ﬁgfg}gg 760250117 %\_/1(1)38?568923_
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Optical Fiber Cables

Indoor Premises Distribution Fiber Cables

58

Distribution cables are color coded 900um tight buffered fibers for easy connectorization. Fiber counts above 24 are unitized for manageability.
All fiber types are bend insensitive. Single mode fiber is ITU-T G.657.A1 compliant, as well as backwards compatible to G.652.D.

’ INDOOR PREMISES DISTRIBUTION CABLE - TIGHT BUFFERED - INTERLOCKING ARMORED

Fiber
Count

Material ID

Product
Number

Material ID

Product
Number

Material ID

Product
Number

Material ID

Product
Number

|

6 760127175 R-006-DZ-5L-FSUAQ 760127506 R-006-DZ-5K-FSUAQ 760229856 R-006-DZ-5G-FSULM 760127308 R-006-DZ-8W-FSUYL
12 760127183 R-012-DZ-5L-FSUAQ 760127514 R-012-DZ-5K-FSUAQ 760229872 R-012-DZ-5G-FSULM 760127316 R-012-DZ-8W-FSUYL
24 760127381 R-024-DZ-5L-FSUAQ 760127407 R-024-DZ-5K-FSUAQ 760229898 R-024-DZ-5G-FSULM 760127373 R-024-DZ-8W-FSUYL
36 760127191 R-036-DZ-5L-FMUAQ 760126532 | R-036-DZ-5K-FMUAQ | 760229906 | R-036-DZ-5G-FMULM | 760127332 | R-036-DZ-8W-FMUYL
48 760127209 R-048-DZ-5L-FMUAQ 760126540 | R-048-DZ-5K-FMUAQ | 760229914 | R-048-DZ-5G-FMULM | 760127340 | R-048-DZ-8W-FMUYL

PLENUM

6 760127639 P-006-DZ-5L-FSUAQ 760128181 P-006-DZ-5K-FSUAQ 760229492 P-006-DZ-5G-FSULM 760127795 P-006-DZ-8W-FSUYL
12 760127647 P-012-DZ-5L-FSUAQ 760128017 P-012-DZ-5K-FSUAQ 760229518 P-012-DZ-5G-FSULM 760127803 P-012-DZ-8W-FSUYL
24 760127902 P-024-DZ-5L-FSUAQ 760127910 P-024-DZ-5K-FSUAQ 760229534 P-024-DZ-5G-FSULM 760127886 P-024-DZ-8W-FSUYL
36 760127662 P-036-DZ-5L-FMUAQ 760128074 | P-036-DZ-5K-FMUAQ | 760229542 P-036-DZ-5G-FMULM | 760127829 P-036-DZ-8W-FMUYL
48 760127670 P-048-DZ-5L-FMUAQ 760125971 P-048-DZ-5K-FMUAQ | 760229559 | P-048-DZ-5G-FMULM | 760127837 P-048-DZ-8W-FMUYL
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Optical Fiber Cables

Indoor/Qutdoor Fiber Cables

| INDOOR/OUTDOOR DISTRIBUTION CABLE - TIGHT BUFFERED - ALL-DIELECTRIC (NON-ARMORED) ‘

Fiber
Count Material ID Product Material ID Product Material ID Product
Number Number Number
LSZH & OFNR Dual Rated
12 700210982 Z-012-DS-5L-FSUBK/D 760006650 Z-012-DS-5K-FSUBK/D 760004184 Z-012-DS-8W-FSUBK/D
24 760070292 Z-024-DS-5L-FSUBK/D 760070300 Z-024-DS-5K-FSUBK/D 760070276 Z7-024-DS-8W-FSUBK/D
48 760010371 Z-048-DS-5L-FMUBK/C 760130864 Z-048-DS-5K-FMUBK/C 760090309 Z-048-DS-8W-FMUBK/C
72 760019612 7-072-DS-5L-FMUBK/B2 760150961 7-072-DS-5K-FMUBK/B2 760067595 7-072-DS-8W-FMUBK/B2
12 760037374 P-012-0OD-5L-FSUBK 760037432 P-012-OD-5K-FSUBK 760037192 P-012-0D-8W-FSUBK
24 760037390 P-024-0OD-5L-FSUBK 760037457 P-024-0OD-5K-FSUBK 760037218 P-024-0OD-8W-FSUBK
48 760038083 P-048-OD-5L-FMUBK 760038141 P-048-0OD-5K-FMUBK 760037903 P-048-0OD-8W-FMUBK
72 760038109 P-072-OD-5L-FMUBK 760038166 P-072-0D-5K-FMUBK 760037929 P-072-0OD-8W-FMUBK

| INDOOR/OUTDOOR DISTRIBUTION CABLE -TIGHT BUFFERED - INTERLOCKING ARMORED ‘

OoM4 Singlemode

Material ID II\DILOniE;tr Material ID [SILOH(EI}[EI);T’
LSZH & OFNR Dual Rated
12 760164046 7-012-DZ-5K-FSUBK/B2 760134759 7-012-DZ-8W-FSUBK/B2
24 760140525 7-024-DZ-5K-FSUBK/B2 760134858 7-024-DZ-8W-FSUBK/B2
48 760239118 7-048-DZ-5K-FMUBK/B2 760134833 7-048-DZ-8W-FMUBK/B2
12 760171470 P-012-0Z-5K-FSUBK 760134924 P-012-0Z-8W-FSUBK
24 760134981 P-024-0Z-5K-FSUBK 760134932 P-024-0Z-8W-FSUBK
48 760149203 P-048-0Z-5K-FMUBK 760134957 P-048-0Z-8W-FMUBK
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Optical Fiber Cables i
Indoor/ Qutdoor Stranded Loose Tube Cables

Indoor/outdoor cables are tough enough for outdoor use while also being listed for indoor use. Stranded Loose Tube I/O cables contain S-Z
stranded gel-free buffer tubes with twelve 250pm colored fibers per color coded tube.

‘ INDOOR/OUTDOOR LOOSE TUBE CABLE - GEL-FREE - ALL-DIELECTRIC (NON-ARMORED) ‘

Fiber

Count Material ID Product Material ID Product Material ID Product

Number Number Number
12 760136036 R-012-LN-5L-F12BK/25D 760101295 R-012-LN-5K-F12BK/25D 760086371 R-012-LN-8W-F12BK/25D
24 760086413 R-024-LN-5L-F12BK/25D 760101303 R-024-LN-5K-F12BK/25D 760086405 R-024-LN-8W-F12BK/25D
48 760136044 R-048-LN-5L-F12BK/25D 760228247 R-048-LN-5K-F12BK/25D 760086470 R-048-LN-8W-F12BK/25D
72 760130062 R-072-LN-5L-F12BK/25D 760101329 R-072-LN-5K-F12BK/25D 760086538 R-072-LN-8W-F12BK/25D
96 760130930 R-096-LN-5L-F12BK/25D 760242106 R-096-LN-5K-F12BK/25D 760086561 R-096-LN-8W-F12BK/25D
144 760136051 R-144-LN-5L-F12BK/25D 760139980 R-144-LN-5K-F12BK/25D 760086652 R-144-IN-8W-F12BK/25D

PLENUM

12 760106914 P-012-LN-5L-F12BK/25D 760107805 P-012-LN-5K-F12BK/25D 760106880 P-012-LN-8W-F12BK/25D
24 760094953 P-024-LN-5L-F12BK/25D 760106807 P-024-LN-5K-F12BK/25D 760106922 P-024- N-8W-F12BK/25D
48 760094995 P-048-LN-5L-F12BK/25D 760103531 P-048-LN-5K-F12BK/25D 760094961 P-048-LN-8W-F12BK/25D
72 760095026 P-072-LN-5L-F12BK/25D 760105536 P-072-LN-5K-F12BK/25D 760095000 P-072-LN-8W-F12BK/25D
96 760095059 P-096-LN-5L-F12BK/25D 760105700 P-096-LN-5K-F12BK/25D 760095034 P-096-LN-8W-F12BK/25D
144 760095083 P-144-LN-5L-F12BK/25D 760139998 P-144-LN-5K-F12BK/25D 760095067 P-144- N-8W-F12BK/25D

‘ INDOOR/OUTDOOR LOOSE TUBE CABLE - GEL-FREE - INTERLOCKING ARMORED ‘

Fiber

Count Material ID Product Material ID Product Material ID Product

Number Number Number
12 760130955 R-012-LZ-5L-F12BK/25D 760149534 R-012-L2-5K-F12BK/25D 760120261 R-012-LZ-8W-F12BK/25D
24 760130963 R-024-L7-5L-F12BK/25D 760239119 R-024-L7-5K-F12BK/25D 760130088 R-024-L7-8W-F12BK/25D
48 760130989 R-048-L7-5L-F12BK/25D 760171488 R-048-L7-5K-F12BK/25D 760132670 R-048-L7-8W-F12BK/25D
12 760162883 P-012-LZ-5L-F12BK/25D 760140475 P-012-L7-8W-F12BK/25D
24 760164749 P-024-LZ-5L-F12BK/25D 760164764 P-024-L7-5K-F12BK/25D 760140939 P-024-L7-8W-F12BK/25D
48 760169722 P-048-LZ-5L-F12BK/25D 760199109 P-048-L7-5K-F12BK/25D 760175232 P-048-17-8W-F12BK/25D

8 SYSTIMAX Solutions Ordering Guide Asia-Pacific Region



Optical Fiber Cables

Indoor/Qutdoor Fiber Cables

‘ INDOOR/OUTDOOR GEL CENTRAL TUBE ARMOURED

|

Fiber
G \1aterial ID Product Material ID Product Material ID Product
Number Number Number

2 760251954 | C-002-CA-5Y-MO2BK/28G/093 | 760251957 | C-002-CA-5X-MO2BK/28G/093 | 760251951 C-002-CA-87-M02BK/28G/093
4 760251955 | C-004-CA-5Y-MO4BK/28G/093 | 760251958 | C-004-CA-5X-MO4BK/28G/093 | 760251952 C-004-CA-8Z-MO4BK/28G/093
6 760249722 | C-006-CA-5Y-MO6BK/28G/093 | 760249725 | C-006-CA-5X-MOEBK/28G/093 | 760249719 C-006-CA-8Z-MO6BK/28G/093
8 760251956 C-008-CA-5Y-M08BK/28G/093 760251959 C-008 CA-5X-MO8BK/28G/093 760251953 C-008-CA-8Z-M08BK/28G/093
12 760249723 | C-012-CA-5Y-M12BK/28G/093 | 760249726 | C-012-CA-5X-M12BK/28G/093 | 760249720 | C-012-CA-8Z-M12BK/28G/093
24 760249724 | C-024-CA-5Y-M24BK/28G/093 | 760249727 | C-024-CA-5X-M24BK/28G/093 | 760249721 | C-024-CA-8Z-M24BK/28G/093

INDOOR/OUTDOOR GEL CENTRAL TUBE DIELECTRIC

|

Material ID ll\jl[JOniEgtr Material ID ll\jl[JOniEgtr Material ID ll\jl[JOniEgtr
2 760251945 C-002-CN-5Y-M02BK/28G/093 760251948 C-002-CN-5X-M02BK/28G/093 760251942 C-002-CN-8Z-M02BK/28G/093
4 760251946 C-004-CN-5Y-M04BK/28G/093 760251949 C-004-CN-5X-M04BK/28G/093 760251943 C-004-CN-8Z-M04BK/28G/093
6 760249713 C-006-CN-5Y-MO06BK/35G/093 760249716 C-006-CN-5X-MO6BK/28G/093 760249710 C-006-CN-8Z-MOBBK/28G/093
8 760251947 C-008-CN-5Y-M08BK/28G/093 760251950 C-008-CN-5X-MO8BK/28G/093 760251944 C-008-CN-8Z-M08BK/28G/093
12 760249714 C-012-CN-5Y-M12BK/28G/093 760249717 C-012-CN-5X-M12BK/28G/093 760249711 C-012-CN-8Z-M12BK/28G/093
24 760249715 C-024-CN-5Y-M24BK/28G/093 760249718 C-024-CN-5X-M24BK/28G/093 760249712 C-024-CN-8Z-M24BK/28G/093
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Optical Fiber Cables

Indoor/Qutdoor Fiber Cables

‘ INDOOR/OUTDOOR GEL STRANDED LOOSE TUBE ARMOURED

|

. om3 . omsa | Singlemode |
Fiber
G \1aterial ID Product Material ID Product Material ID Product

Number Number Number

24 760251972 | C-024-LA-5Y-MOGBK/21G/093 | 760251974 | C-024-LA-5X-MOGBK/21G/093 | 760251968 C-024-LA-8Z-MOGBK/21G/093

36 760251973 | C-036-LA-5Y-M12BK/22G/093 | 760251975 | C-036-LA-5X-M12BK/22G/093 | 760251969 C-036-LA-8Z-M12BK/22G/093

48 760249748 | C-048-LA-5Y-M12BK/22G/093 | 760249750 C-048-LA-5X-M12BK/22G/093 760249746 C-048-LA-8Z-M12BK/22G/093

72 760249749 C-072-LA-5Y-M12BK/22G/093 760249751 C-072-LA-5X-M12BK/22G/093 760249747 C-072-LA-87-M12BK/22G/093

9% 760251970 | C-096-LA-8Z-M12BK/22G/093

144 760251971 C-144-LA-87-M12BK/22G/093

‘ INDOOR/OUTDOOR GEL STRANDED LOOSE TUBE DIELECTRIC

|

Fiber
G \1aterial ID Product Material ID Product Material ID Product
Number Number Number

24 760251964 | C-024-LN-5Y-MOGBK/18G/093 | 760251966 | C-024-LN-5X-MOGBK/18G/093 | 760251960 C-024-LN-8Z-MOGBK/18G/093
36 760251965 | C-036-LN-5Y-M12BK/21G/093 | 760251967 | C-036-LN-5X-M12BK/21G/093 | 760251961 C-036-LN-8Z-M12BK/21G/093
48 760249742 | C-048-LN-5Y-M12BK/21G/093 | 760249744 | C-048-LN-5%-M12BK/21G/093 760249740 C-048-LN-8Z-M12BK/21G/093
72 760249743 C-072-LN-5Y-M12BK/21G/093 760249745 C-072-LN-5X-M12BK/21G/093 760249741 C-072-LN-8Z-M12BK/21G/093
96 760251962 | C-096-LN-8Z-M12BK/21G/093
144 760251963 | C-144-LN-8Z-M12BK/21G/093
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Optical Fiber Cables

All Dry Outside Plant Cables

The OSP cables are S-Z stranded gel-free loose tube cables wth twelve 250um colored fibers per color coded buffer tube.

| OUTDOOR GEL-FREE ALL-DIELECTRIC (NON-ARMORED)

|
____ singlemode |

ol Prod Prod Prod
Count Material ID roduct Material ID roduct Material ID roduct
Number Number Number
12 760054171 D-012-LN-5L-F12NS 760054288 D-012-LN-5K-F12NS 760053843 D-012-LN-8W-F12NS
24 760054189 D-024-LN-5L-F12NS 760054296 D-024-LN-5K-F12NS 760053850 D-024-LN-8W-F12NS
48 760054205 D-048-LN-5L-F12NS 760054312 D-048-LN-5K-F12NS 760053876 D-048-LN-8W-F12NS
72 760054221 D-072-LN-5L-F12NS 760054338 D-072-LN-5K-F12NS 760053892 D-072-LN-8W-F12NS

| OUTDOOR GEL-FREE ARMORED

.
—

. om3 . oma | Singlemode
LS Prod Prod Prod
Count Material ID roduct Material ID roduct Material ID roduct
Number Number Number
12 760053629 D-012-LA-5L-F12NS 760053736 D-012-LA-5K-F12NS 760053280 D-012-LA-8W-F12NS
24 760053637 D-024-LA-5L-F12NS 760053744 D-024-LA-5K-F12NS 760053298 D-024-LA-8W-F12NS
48 760053652 D-048-LA-5L-F12NS 760053769 D-048-LA-5K-F12NS 760053314 D-048-LA-8W-F12NS
72 760053678 D-072-LA-5L-F12NS 760053785 D-072-LA-5K-F12NS 760053330 D-072-LA-8W-F12NS
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Optical Fiber Cables

Qutside Plant Composite Fiber Cables (MM +SMin same cable)

Composite cables are useful when running different network speeds, ie, data and building automation control/access control. Instead of

)

running two cables with different fiber types, composite cables allow you to run one cable that contains multiple fiber types.

NOTE: Other cable constructions available; contact your Customer Service Representative for more information.

OUTDOOR GEL-FREE ALL-DIELECTRIC (NON-ARMORED)

Material ID ‘

Product Number Description
24 760175588 D-024-LN-CM-F12NS/8W012/5K012 Contains 12 Single Mode and 12 OM4 fibers
24 760141655 D-024-LN-CM-F12NS/8W012/5L012 Contains 12 Single Mode and 12 OM3 fibers
48 760166207 D-048-LN-CM-F12NS/8W024/5K024 Contains 24 Single Mode and 24 OM4 fibers
48 760140731 D-048-LN-CM-F12NS/8W024/5L.024 Contains 24 Single Mode and 24 OM3 fibers
72 760229625 D-072-LN-CM-F12NS/8W036/5K036 Contains 36 Single Mode and 36 OM4 fibers
72 760161687 D-072-LN-CM-F12NS/8W036/5L036 Contains 36 Single Mode and 36 OM3 fibers

OUTDOOR GEL-FREE ARMORED

Material ID ‘

Product Number Description
24 760101360 D-024-LA-CM-F12NS/8W012/5K012 Contains 12 Single Mode and 12 OM4 fibers
24 760163741 D-024-LA-CM-F12NS/8W012/5L012 Contains 12 Single Mode and 12 OMS3 fibers
48 760154633 D-048-LA-CM-F12NS/8W024/5K024 Contains 24 Single Mode and 24 OM4 fibers
48 760154690 D-048-LA-CM-F12NS/8W024/5L024 Contains 24 Single Mode and 24 OMS3 fibers
72 760142752 D-072-LA-CM-F12NS/8W036/5K036 Contains 36 Single Mode and 36 OM4 fibers
72 760091066 D-072-LA-CM-F12NS/8W036/5L036 Contains 36 Single Mode and 36 OMS3 fibers
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Optical Fibe

Outdoor Cables

r Cables

‘ OUTDOOR GEL CENTRAL TUBE ARMOURED

|

Fiber
G \1aterial ID Product Material ID Product Material ID Product
Number Number Number

2 760252031 | 0-002-CA-5Y-MO2BK/28G/093 | 760252034 | 0-002-CA-5X-MO2BK/28G/093 | 760252028 | 0-002-CA-8Z-M02BK/28G/093
4 760252032 | O-004-CA-5Y-MO4BK/28G/093 | 760252035 | 0-004-CA-5X-MO4BK/28G/093 | 760252029 | 0-004-CA-8Z-MO4BK/28G/093
6 760249704 | 0-006-CA-5Y-MOGBK/28G/093 | 760249707 | O-006-CA-5X-MO6BK/28G/093 | 760249701 0-006-CA-8Z-MOBBK/28G/093
8 760252033 | 0-008 CA5Y-MOSBK/28G/093 | 760252036 0-008-CA-5X-MO08BK/28G/093 760252030 0-008-CA-87-MOSBK/28G/093
12 760249705 | O-012-CA-5Y-M12BK/28G/093 | 760249708 | 0-012-CA-5X-M12BK/28G/093 | 760249702 | O-012-CA-8Z-M12BK/28G/093
24 760249706 | 0-024-CA-5Y-M24BK/28G/093 | 760249709 | 0-024-CA-5X-M24BK/28G/093 | 760249703 | 0-024-CA-8Z-M24BK/28G/093

‘ OUTDOOR GEL CENTRAL TUBE DIELECTRIC

|

Fiber
Count EVEUENI Product Material ID Product Material ID Product
Number Number Number
2 760252022 0-002-CN-5Y-M02BK/28G/093 760252025 0-002-CN-5X-M02BK/28G/093 760252019 0-002-CN-8Z-M02BK/28G/093
4 760252023 0-004-CN-5Y-M04BK/28G/093 760252026 0-004-CN-5X-M04BK/28G/093 760252020 0-004-CN-8Z-M04BK/28G/093
6 760249695 0-006-CN-5Y-M06BK/28G/093 760249698 0-006-CN-5X-M06BK/28G/093 760249692 0-006-CN-8Z-M06BK/28G/093
8 760252024 0-008-CN-5Y-M08BK/28G/093 760252027 0-008-CN-5X-M08BK/28G/093 760252021 0-008-CN-8Z-M08BK/28G/093
12 760249696 0-012-CN-5Y-M12BK/28G/093 760249699 0-012-CN-5X-M12BK/28G/093 760249693 0-012-CN-8Z-M12BK/28G/093
24 760249697 0-024-CN-5Y-M24BK/28G/093 760249700 0-024-CN-5X-M24BK/28G/093 760249694 0-024-CN-8Z-M24BK/28G/093
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Optical Fiber Cables
QOutdoor Cables

ﬁfj

v

-

‘ OUTDOOR GEL STRANDED LOOSE TUBE DIELECTRIC

|

Fiber
G \1aterial ID Product Material ID Product Material ID Product
Number Number Number

24 760252041 | O-024-LN-5Y-MO6BK/21G/093 | 760252043 | 0-024-LN-5X-MO6BK/21G/093 | 760252037 | 0-024-LN-8Z-MOGBK/21G/093
36 760252042 | O-036-LN-5Y-M12BK/22G/093 | 760252044 | 0-036-LN-5X-M12BK/22G/093 | 760252038 | 0-036-LN-8Z-M12BK/22G/093
48 760249730 | O0-048-LN-5Y-M12BK/22G/093 | 760249732 | O-048-LN-5X-M12BK/22G/093 | 760249728 0-048-LN-87-M12BK/22G/093
72 760249731 0-072-LN-5Y-M12BK/22G/093 760249733 0-072-LN-5X-M12BK/22G/093 760249729 0-072-IN-8Z-M12BK22G/093
9% 760252039 | O-096-LN-8Z-M12BK/22G/093
144 760252040 | O-144-LN-8Z-M12BK/22G/093

OUTDOOR GEL STRANDED LOOSE TUBE ARMOURED

Singlemode

NS  Material ID Product Material ID Product Material ID Product
Number Number Number
24 760252049 0-024-LA-5Y-M06BK/21G/093 760252051 0-024-LA-5X-MO6BK/21G/093 760252045 0-024-LA-8Z-MO6BK/21G/093
36 760252050 0-036-LA-5Y-M12BK/22G/093 760252052 0-036-LA-5X-M12BK/22G/093 760252046 0-036-LA-8Z-M12BK/22G/093
48 760249736 0-048-LA-5Y-M12BK/22G/093 760249738 0-048-LA-5X-M12BK/22G/093 760249734 0-048-LA-87-M12BK/22G/093
72 760249737 0-072-LA-5Y-M12BK/22G/093 760249739 0-072-LA-5X-M12BK/22G/093 760249735 0-072-LA-8Z-M12BK/22G/093
% 760252047 0-096-LA-82-M12BK/22G/093
144 760252048 O-144-LA-82-M12BK/22G/093
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Propel™
Fiber and connectivity platform for data centers

Propel high-density panels

Propel high-density panels are designed to adapt and grow as your needs
change. Like all Propel components, the panels are completely modular and
interchangeable. They support 16-fiber connectivity and up to

144 LC-connected fibers per RU—giving you the flexibility and density to
seamlessly advance to 400 Gb, 800 Gb and beyond.

Propel panels incorporate unique design features that make them faster to
deploy and easier to manage than older generation panels. For example,
panel blades can be removed with one hand for easier maintenance and
changes by a single technician. When inserted, the blades lock in place

on both sides to provide more secure patching. A re-designed rear cable
management system allows more cable to be securely stored and attached.

At the same time, each panel is highly versatile. Module and adapter pack
sizes can be scaled or mixed in each panel or blade.

Propel modules and adapter packs

Four sizes of interchangeable Propel fiber modules and adapters provide
the breadth of capabilities for virtually any configuration. Modules support
ultra-low loss OM4, OMS5 wideband and singlemode fiber applications.
MPO modules provide plug-and-play fiber connectivity—enabling greater
flexibility, faster deployment, and easier moves, adds and changes. With
8-, 12-, 16- and 24-fiber modules and a wide range of MPO, LC and SN
adapter/connector options, the Propel portfolio delivers the versatility your
network demands with a minimum number of components.

LC and MPO 8-, 12- and 24-fiber components feature internal shutters to
provide enhanced dust protection without the need for disposable dust
caps. The shutters are carefully designed to prevent contact with connector
ferrules and are translucent to allow light from a VFL to show through.
Modules and adapter packs of varying sizes can be mixed on each blade for
a best-fit panel configuration. All modules are standardized on Method B
Enhanced polarity for easier, faster deployment of duplex and parallel
applications.

Propel ULL trunk cables

Propel trunk cables ship with toolless cable management clips that
attached to Propel fiber panels

Trunk pulling grips can be pulled using up to 100 Ibs/45 kg of pulling
tension

Factory-terminated and tested trunk cables provide superior quality and
performance for field connections

Reliable transmit-to-receive connectivity using Method B Enhanced
polarity maintenance maximizes administrative convenience

Easy upgrade path to parallel transmission and associated applications,

and increased value of existing infrastructure

Propel ULL patch cords and array cables

MPO8 and MPO12 are available in 2 mm patch cable and MPO16 3 mm
patch cable

MPO-LC Uniboot array fanouts constructed with 2.0 mm reinforced
furcation tubing for outstanding durability and dependability
Factory-terminated and tested trunk cables provide superior quality and
performance for field connections

Array fanouts are available with multiple breakout lengths to simplify

installation

Propel ULL ruggedized fanout cables

ULL Propel compatible trunks are provisioned with pins to interface with
ULL Propel modules (without pins)
Propel trunks cables ship with toolless cable management clips that

attached to Proper fiber panels

- Trunk pulling grips can be pulled using up to 100 Ibs/45 kg of pulling

tension

Factory-terminated and tested trunk cables provide superior quality and
performance for field connections

Reliable transmit-to-receive connectivity using Method B Enhanced
polarity maintenance maximizes administrative convenience

Easy upgrade path to parallel transmission and associated applications,

and increased value of existing infrastructure

For more information on Propel, visit commscope.com/propel
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Fiber Panel Portfolios
G2 Family

The G2 family of panels and modules is a versatile solution that is available in configurations for any application. No matter what polarity, fiber
count or performance needed; the G2 family has a solution. Our G2 family modules fit into any EPX, HD or UD panels offering density up to 48f
duplex LC or 32f MPO adding flexibility to any configuration.

The following high-level overview provides details of the EPX, HD and UD panels and associated modules and components.

G2 PANELS
Series Density Concept Material ID Description
Open Rear Fixed 760251098 EPX-1U-MOD-OPEN-FX
Open Rear Sliding 760254918 EPX-1U-MOD-OPEN
760249998 EPX-1U-MOD-ENC
EPX - Express 96 LC/RU Basic Enclosed Sliding 760251044 EPX-2U-MOD-ENC
Compact & Flexible 32 MPO/RU 760251048 EPX-4U-MOD-ENC
760251042 EPX-1U-MOD-ENC-FX
Basic Enclosed Fixed 760251046 EPX-2U-MOD-ENC-FX
760251050 EPX-4U-MOD-ENC-FX
760210732 HD-1U-FX
Standard Fixed 760210740 HD-2U-FX
HD - High Density 96 LC/RU 760210757 HD-4U-FX
Premium Features 32 MPO/RU 760209940 HD-1U
Standard Sliding 760209957 HD-2U
760209965 HD-4U
UD - Ultra Density 144 LC/RU o 760227306 ub-2U
Premium Features 48 MPO/RU Premium Sliding 760227314 UD-4U

EPX, HD and UD Panels

The EPX, HD and UD fiber panels support the G2
style module and adapter panels, which are

back- wards compatible with previous hardware
such as the InstaPATCH360 and 360G2 fiber panels.

EPX-1U-MOD-OPEN-FX EPX-1U-MOD-ENC-FX EPX-4U-MOD-ENC

The HD and UD panels also both support
intelligence through the Automated Infrastructure
Management (AIM) imVision solution. More details
on imVision are shown on page 47.

The EPX panel is a low cost panel available in 1U,
2U and 4U sizes in fixed and sliding.

The HD (High Density) panel is available in 1U, 2U HD-1U HD-2U HD-4U

and 4U sizes, and supports high density applications
in data centers and buildings.

The UD (Ultra Density) panel is designed for even
higher density applications and is available in 2U
and 4U sizes.

ub-4u
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Fiber Panel Portfolios
G2 Adapter Packs

360DPis-24LC-LS

G2 ADAPTER PACKS
12 Fiber 24 Fiber
Material ID Description Material ID Description

LC Multimode (OM3-OM4) 760230938 360DPis-12LC-LS 760216754 360DPis-24LC-LS
LC Multimode (OM5) 760236043 360DPis-12LC-WB 760236041 360DPis-24LC-WB
LC Singlemode 760230946 360DPis-12LC-SM 760216762 360DPis-24LC-SM
LC Singlemode APC 760230961 360DPis-12LCA-SM 760216770 360DPis-24LCA-SM
SC Multimode (OM3-OM4) 760134551 360DP-12SC-LS X X

SC Singlemode 760135087 360DP-125C-SM X X

SC Singlemode APC 760135095 360DP-125SCA-SM X X

= &

360DP-2MPO 360DP-4MPO 360DP-6MPO 360DP-8MPO
G2 MPO ADAPTER PACKS
Material ID Description
2 MPO 760107490 360DP-2MPO
4 MPO 760107508 360DP-4MPO
6 MPO 760107516 360DP-6MPO
8 MPO 760107524 360DP-8MPO

G2 MPO ADAPTER PACKS - METHODA

Material ID Description
2 MPO 760243438 360DP-2MPO-A
4 MPO 760243439 360DP-4MPO-A
6 MPO 760242723 360DP-6MPO-A
8 MPO 760242724 360DP-8MPO-A
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Fiber Panel Portfolios .
G2 Modules @
DM12-24LC-WB-ULL

G2 ULL modules support higher speeds over longer distances allowing you to meet the loss budgets of today’s ultra low-loss links and can
be used for the CommScope Application Assurance Guarantee. G2 ULL modules are factory tested to .35 dB IL multimode and 0.60 dB
singlemode.

G2 MODULES - ULTRA LOW LOSS SOLUTIONS METHOD B ENHANCED

MPO 8 - 24 Fiber MPO 12 - 12 Fiber MPO 12 - 24 Fiber MPO 24 - 24 Fiber

Material ID Description Material ID Description Material ID Description Material ID Description
LC Multimode (OM3-OM4) | 760236108 DM&?LJZ&LC' 760238838 DMJSZ_ULZLLC' 760236110 DMCSZ_LJZL‘tLC' 760236112 DMLZS‘}LJZL‘{LC'
LC Multimode (OM5) 760236109 D"('/Ss_'fjftc' 760238839 D"('A}é:&ftc’ 760236111 D“(',Jé_’ﬁftc' 760236113 D'\Cig_'ﬁftc'
LC Singlemode UPC 760238082 D"/S'C,\)f_'SfLLC' 760238837 D"gﬁ:&ftc' 760238083 D"/S'l/zl_ﬁftc' X X

360DMis-12LC-LS 360DMis-12LC-SM 360DMis-12LCA-SM 360DMis-24LC-LS

G2 MODULES - LOW LOSS SOLUTIONS METHOD B

MPO12 - 12 Fiber MPO12 - 24 Fiber
Material ID Description Material ID Description
LC Multimode (OM3-OM4) 760224071 360DMis-12LC-LS 760206532 360DMis-24LC-LS
LC Singlemode UPC 760224089 360DMis-12LC-SM 760206540 360DMis-24LC-SM
LC Singlemode APC 760224238 360DMis-12LCA-SM 760206565 360DMis-24LCA-SM
SC Multimode (OM3-OM4) 760109967 360DM-125C-LS X X
SC Singlemode UPC 760109975 360DM-125C-SM X X
SC Singlemode APC 760109991 360DM-12SCA-SM X X
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Fiber Panel Portfolios
G2 Modules

360CM12-2x3-LS

G2 conversion modules are available in low-loss, 0.50 dB MM/1.34 dB SM IL and ultra low-loss 0.40 dB MM/0.70 dB SM IL performance.

G2 CONVERSION MODULES

Low Loss Method B Ultra Low Loss Method B Enhanced
Material ID Description Material ID Description
MPO12 (2) / MPO8 (3) OM4 760200345 360CM12-2x3-LS 760237217 CM12-2X3-LS-ULL
MPO12 (4) / MPO8 (6) OM4 760200352 360CM12-4x6-LS 760237220 CM12-4X6-LS-ULL
MPO12 (2) / MPO8 (3) Singlemode 760220400 360CM12-2x3-TS 760237216 CM12-2X3-SM-ULL
MPO12 (4) / MPOS8 (6) Singlemode 760220418 360CM12-4x6-TS 760237219 CM12-4X6-SM-ULL
MPO12 (2) / MPO8 (3) OM5 X X 760237218 CM12-2X3-WB-ULL
MPO12 (4) / MPOS8 (6) OM5 X X 760237221 CM12-4X6-WB-ULL
MPO24 (1) / MPO8 (3) OM4 X X 760237222 CM24-1x3-LS-ULL
MPO24 (2) / MPO8 (6) OM4 X X 760237224 CM24-2x6-LS-ULL
MPO24 (1) / MPO8 (3) OM5 X X 760237223 CM24-1x3-WB-ULL
MPO24 (2) / MPO8 (6) OM5 X X 760237225 CM24-2x6-WB-ULL

G2-SP-24LCG-PT G2-SP-24LCV-PT
G2 SPLICE CASSETTES
Stranded Ribbon
Material ID Description Material ID Description
. 760244927 G2-SP-24LCX-PT 760244928 G2-SP-24LCX-RPT
LC Multimode (OM4)
760245399 G2-SP-12LCX-PT 760245400 G2-SP-12LCX-RPT
i 760245398 G2-SP-24LCV-PT N/A N/A
LC Multimode (OM5)
760245403 G2-SP-12LCV-PT N/A N/A
. 760244929 G2-SP-24LCG-PT 760244930 G