





SYSTIMAX 360™ Product Guide

ORDERING INFORMATION:

SYSTIMAX 360G2 Cartridge 12-LC-MM-BG

SYSTIMAX 360G2 Cartridge 12-LC-SM-BL

Material ID Product Number Description

Cartridge

760109256 360G2 Cartridge 12-LC-LS-AQ 360G2 Cartridge 12 LC LazrSPEED Aqua
iPatch compatible

760109470 360G2 Cartridge 12-LC-LS-AQ-Pigtails 360G2 Cartridge 12 LC LazrSPEED Aqua
w/Pigtails iPatch compatible

760109264 360G2 Cartridge 12-LC-MM-BG 360G2 Cartridge 12 LC OptiSPEED Beige
iPatch compatible

760109488 360G2 Cartridge 12-LC-MM-BG-Pigtails | 360G2 Cartridge 12 LC OptiSPEED Beige
w/Pigtails iPatch compatible

760109272 360G2 Cartridge 12-LC-SM-BL 360G2 Cartridge 12 LC TeraSPEED Blue
iPatch compatible

760109496 360G2 Cartridge 12-LC-SM-BL-Pigtails 360G2 Cartridge 12 LC TeraSPEED Blue
w/Pigtails iPatch compatible

760109280 360G2 Cartridge 12-LCA-SM-GR 360G2 Cartridge 12 LCA TeraSPEED Green
iPatch compatible

760109504 360G2 Cartridge 12-LCA-SM-GR-Pigtails | 360G2 Cartridge 12 LCA TeraSPEED Green
w/Pigtails iPatch compatible

760109595 360G2 Cartridge 4-SC/2-SCA-SM-Pigtails | 360G2 Cartridge 4 SC/2 SCA TeraSPEED
Blue w/Pigtails

760109298 360G2 Cartridge 6-SC-LS-AQ 360G2 Cartridge 6 SC LazrSPEED Aqua

760109512 360G2 Cartridge 6-SC-LS-AQ-Pigatils A | 360G2 Cartridge 6 SC LazrSPEED Aqua
w/Pigtails A

760109520 360G2 Cartridge 6-SC-LS-AQ-Pigatils B | 360G2 Cartridge 6 SC LazrSPEED Aqua
w/Pigtails B

760109306 360G2 Cartridge 6-SC-MM-BG 360G2 Cartridge 6 SC OptiSPEED Beige

760109538 360G2 Cartridge 6-SC-MM-BG-Pigtails A | 360G2 Cartridge 6 SC OptiSPEED Beige
w/Pigtails A

760109546 360G2 Cartridge 6-SC-MM-BG-Pigtails B | 360G2 Cartridge 6 SC OptiSPEED Beige
w/Pigtails B

760109314 360G2 Cartridge 6-SC-SM-BL 360G2 Cartridge 6 SC TeraSPEED Blue

760109553 360G2 Cartridge 6-SC-SM-BL-Pigtails A | 360G2 Cartridge 6 SC TeraSPEED Blue
w/Pigtails A

760109561 360G2 Cartridge 6-SC-SM-BL-Pigtails B | 360G2 Cartridge 6 SC TeraSPEED Blue
w/Pigtails B

760109322 360G2 Cartridge 6-SCA-SM-GR 360G2 Cartridge 6 SCA TeraSPEED Green

760109579 360G2 Cartridge 6-SCA-SM-GR-Pigtails A | 360G2 Cartridge 6 SCA TeraSPEED Green
w/Pigtails A

760109587 360G2 Cartridge 6-SCA-SM-GR-Pigtails B | 360G2 Cartridge 6 SCA TeraSPEED Green
w/Pigtails B

760109330 360G2 Cartridge 6-ST-LS-AQ 360G2 Cartridge 6 ST LazrSPEED Aqua

760109603 360G2 Cartridge 6-ST-LS-AQ-Pigtails A 360G2 Cartridge 6 ST LazrSPEED Aqua
w/Pigtails A

760109611 360G2 Cartridge 6-ST-LS-AQ-Pigtails B 360G2 Cartridge 6 ST LazrSPEED Aqua
w/Pigtails B

760109348 360G2 Cartridge 6-ST-MM-BG 360G2 Cartridge 6 ST OptiSPEED Beige

760109629 360G2 Cartridge 6-ST-MM-BG-Pigtails A | 360G2 Cartridge 6 ST OptiSPEED Beige
w/Pigtails A

760109637 360G2 Cartridge 6-ST-MM-BG-Pigtails B | 360G2 Cartridge 6 ST OptiSPEED Beige
w/Pigtails B

760109355 360G2 Cartridge 6-ST-SM-BL 360G2 Cartridge 6 ST TeraSPEED Blue

760109645 360G2 Cartridge 6-ST-SM-BL-Pigtails A | 360G2 Cartridge 6 ST TeraSPEED Blue
w/Pigtails A

760109652 360G2 Cartridge 6-ST-SM-BL-Pigtails B | 360G2 Cartridge 6 ST TeraSPEED Blue
w/Pigtails B

760109462 360G2-MOD-BLANK-4PK 360G2 MOD Panel Blank (4 Panels)

Note: 360G2 LC Cartridges and Bezels are iPatch compatible when used with the 360G2 1U MOD Shelf
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SYSTIMAX 360 iPatch G2 High Density Fiber
Shelf, Front View with High Density Modules
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SYSTIMAX 360 iPatch G2 High Density
Fiber Shelf

SYSTIMAX 360 iPatch G2 High Density
LazrSPEED® Module

SYSTIMAX 360™ Product Guide

SYSTIMAX 360 iPatch® G2 High Density Fiber Shelf

features and benefits

e Accommodates 72 duplex LC ports
(144 fibers) in 2U space

e Available empty, with the ability to be
populated with 1, 2 or 3 pre-terminated
modules from LazrSPEED®, TeraSPEED®
or OptiSPEED® Solutions

e Supports Alpha or Beta installations

e Features the elegant
SYSTIMAX 360 design

SPECIFICATIONS

360 iPatch G2 High Density Shelf

Overall Height 3.625in. (9.21 cm)

Overall Width 19in. (48.26 cm)

Overall Depth 19in. (48.26 cm)

Operating Temperature 23°F to 122°F (-5°C to 50°C),

max 75% non-condensing humidity

Storage Temperature -40°F to 158°F (-40°C to 70°C)

360 iPatch G2 High Density Modules

Overall Height 3.251n. (8.26 cm)

Overall Width 6in. (15.24 cm)

Overall Depth 9 in. (22.86 cm)

Operating Temperature 23°F to 122°F (-5°C to 50°C),

max 75% non-condensing humidity

Storage Temperature -40°F to 158°F (-40°C to 70°C)

ORDERING INFORMATION:

Material ID Product Number Description

760093336 360-iP-HD-2U-IP-SD 360 iPatch G2 HD Fiber Shelf, Slide
760093344 360-iP-HD-MOD-LC-LS 360 iPatch G2 HD LS Module
760093351 360-iP-HD-MOD-LC-LS-3 360 iPatch G2 HD LS Module (3-pack)
760093369 360-iP-HD-MOD-LC-TS 360 iPatch G2 HD TS Module
760093377 360-iP-HD-MOD-LC-TS-3 360 iPatch G2 HD TS Module (3-pack)
760093385 360-iP-HD-MOD-LC-0S 360 iPatch G2 HD OS Module
760093393 360-iP-HD-MOD-LC-0S-3 360 iPatch G2 HD OS Module (3-pack)

www.commscope.com




SYSTIMAX 360 iPatch® Panel Manager

features and benefits

depending on specific panel
configuration

SYSTIMAX 360 iPatch Panel Manager, Front SPECIFICATIONS:

¢ |nnovative, cost effective, space-saving
technology and design simplifies
—— deployment in just 1U of space

e Accommodates up to 45 panels,

e | ocalized languages support includes
Danish, English, French, German,
Italian, Russian and Spanish

e Panel Manager package contents
contains: universal power supply, 16-inch
panel bus jumper, 7 ft. patch cord, forty
four position bus panel

e Features the elegant
SYSTIMAX 360 design

View
Height

1.7in. (4.32 cm)

Width

19 in. (48.26 cm)

Depth

6 in. (15.24 cm)

Operating Temperature

14°F to 104°F (-10°C to 40°C),
max 75% non-condensing humidity

Storage Temperature

-4°F to 158°F (-20°C to 70°C)

Input Voltage 100V-240V AC
Max input current .BA
Power Consumption 15W

Power Plugs supported
SYSTIMAX 360 iPatch Panel Manager, Rear

North America, Japan, Australia, Singapore, United Kingdom,
Hong Kong, Europe, South America, Korea, Argentina.

View Accessories or hardware included

44-position panel bus, power supply, panel bus jumper cable,
7 in. patch cord, mounting hardware.

Weight

3.4 Ibs (1.54 kg)

Display Type

LCD graphics display

Display Size

3.25 in. (8.26 cm) measured diagonally; 240 x 64 pixels

Number of Panel Manager
units per Rack Manager LAN

99 Max

Microprocessor

16-bit, 16 MHz 18LF8722 processor

ORDERING INFORMATION:

Material ID Product Number

760095562 360-iP-PANEL-MGR

Description

360 iPatch Panel Manager
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SYSTIMAX 360 iPatch Network Manager

SYSTIMAX 360™ Product Guide

SYSTIMAX 360™ iPatch® Network Manager

features and benefits

¢ |nnovative, cost effective, space-saving e Supports PING response for use when
technology and design simplifies troubleshooting IP connectivity
deployment, r.equiring no more than 1RU « Network Manager is equipped with:

of space (eaglly mognted onthe 1U Three power ports - Power In (2), Power
bracket provided with Panel Manager) Out (1), One RJ-45, 10/100Mb Ethernet
When coupled with a Panel Manager, port, One RJ-45, 12C port

provides all functionality of Rack
Manager Plus

e Network Manager package contents
contains: 6-inch patch cord, power

Utilizes the display of the Panel Manager jumper cable

for configuration, including IP settings

SPECIFICATIONS

Dimensions

Depth 73.66 mm (2.90 in)
Height 25.40 mm (1.00 in)
Weight 0.45 kg (1.00 Ib)
Width 160.02 mm (6.30 in)

Environmental Specifications

Flammability Rating UL 94 V-0

Operating Temperature -5°C to +50 °C (+23 °F to +122 °F)
Relative Humidity Up to 95%, non-condensing
Safety Standard Austel, CE, cUL

Storage Temperature -40°C to +80 °C (-40°F to +176 °F)

ORDERING INFORMATION:

Material ID Product Number Description

760105353 360-iP-NET-MGR-MOD 360 iPatch Network Manager

www.commscope.com
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