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| . ONE CABLE PACKAGED IN A CLEAR POLYBAG.
/2N DIMENSIONS ARE MAXIMUM UNLESS OTHERWISE
SPECIFIED.
U 3. CABLE, MODERATE NOISE ETHERSEAL PATCH,
24 AWG 7/32. CABLE MEETS UL 62 SECTION 59
OlL RESISTANCE. UL 444 SECTION 6.12 UV
CEXPOSURE . TIA/EIA 568 B.2.
4. DESIGNATIONS IN PARENTHESES ( ) ARE FOR
REFERENCE ONLY .
5. AN ALTERNATE FORM OF CONNECTOR COMPONENTS
RESULTING IN EQUIVALENT PERFORMANCE 1S
ACCEPTABLE.
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