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MATERIAL
PROTECTIVE COVER: TPE, COLOR: BLACK, UL94 HB*
FERRULE SUBASSEMBLY: ZIRCONIA/METAL
COMPRESSION SPRING: STAINLESS STEEL
FRONT HOUSING: PEI, COLOR: BEIGE, UL94 V-0*
INNER TUBING: PTFE, COLOR: CLEAR, UL VW-1
REAR BODY: METAL
BOOT: TPE, UL94 V-0*, SEE TABLE FOR COLOR
CRIMP EYELET: NICKEL PLATED BRASS
DUPLEX CLIP: PEI, COLOR: BLACK, UL94 V-0*
*RATED AT QUALIFYING THICKNESS.

BULK PACKAGE.

3. INSTRUCTION SHEET: 408-8675 AVAILABLE FOR DOWNLOAD AT 
   WWW.COMMSCOPE.COM

DUPLEX CLIP

CONNECTOR
SUBASSEMBLY

CRIMP EYELET

BOOT

DUST
COVER

1

2

1

2

2

2


	Sheet 1
	Views
	new_view_1
	top_2
	left_3
	new_view_4



