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Miniature Click-on Hangers
For HELIAX® Coaxial, Fiber, Braided and Low Voltage Cables
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Installation Instructions

252026-10KT-P 
Angle adapter 
Adaptador angular 
Adaptateur d’angle 
Winkeladapter 
Adaptador em ângulo

US. Patent Number 7,007,900

Installation of 1316MCLICK shown

912MCLICK

68MCLICK

1316MCLICK

MF39901-10
Tower stand off adapter
Adaptador separador de torre 
Adaptateur pour tours à montage vertical 
Mastabstandhalter
Adaptador de ângulo de torre

Hanger
Soporte colgante

Support
Halter

Suporte

Maximum spacing
Espaciado máximo

Ecartement maximum
Maximaler Abstand

Espaço máximo

Cable
Cable
Câble
Kabel
Cabo

Hangers
Soportes colgantes

Supports
Halter 

Suportes

68MCLICK 1.5 ft (0.61 m) 6-8 mm 1,2,3

912MCLICK 1.5 ft (0.61 m) 9-12 mm 1,2,3

1316MCLICK 1.5 ft (0.61 m) 13-16 mm 1,2,3

Harware
Equipo
Matériel

Beschlagteil
Guarnições

Metric
Métrico
Métrique
Metrisch
Métrico

Angle Adapter
Adaptador angular
Adaptateur d’angle

Winkeladapter
Adaptador em ângulo

Hangers
Soportes colgantes

Supports
Halter

Suportes

Cable
Cable
Câble
Kabel
Cabo

252027-10KT-P M8 252026-KT-P 1 6-16 mm

252028-10KT-P M8 252026-KT-P 2 6-16 mm

252029-10KT-P M8 252026-KT-P 3 6-16 mm

18-27 in-lb
(2-3 Nm)

18-27 in-lb
(2-3 Nm)

18-27 in-lb
(2-3 Nm)




