
Flat washers between hangers
Arandelas planas entre soportes colgantes
Rondelles plates entre les supports
Flachscheiben zwischen Haltern
Arruelas lisas entre suportes

Ceiling adapter
Adaptador de techo
Adaptateur de plafond
Deckenadapter
Adaptador de teto

Angle adapter
Adaptador angular
Adaptateur d’angle
Winkeladapter
Adaptador em ângulo

Tower stand off adapter
Adaptador separador de torre
Adaptateur pour tours à montage vertical
Mastabstandhalter
Adaptador de ângulo de torre

Installation Training Available at Andrew Institute

TORQUE

(2.2-3.0 ft-lb)
 3 -  4 N•m
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Installation Instructions
CommScope Infrastructure Academy offers installation training.

TM Hangers



Hanger Maximum spacing Cable Hangers
Soporte colgante Espaciado máximo Cable Soportes colgantes

Support Ecartement maximum Câble Supports
Halter Maximaler Abstand Kabel Halter

Suporte Espaço máximo Cabo Suportes

C2CLICK 3 ft (0.91 m) 3/8" 1, 2, 3
RG8CLICK 3 ft (0.91 m) 3/8"
L4CLICK 3 ft (0.91 m) 1/2" 1, 2, 3
L45CLICK 2 ft (0.61 m) 5/8"
L5CLICKB 3 ft (0.91 m) 7/8" 1, 2
L5CLICKB 2 ft (0.61 m) 7/8" 3
L6CLICK 3 ft (0.91 m) 1-1/4" 1, 2
L6CLICK 2 ft (0.61 m) 1-1/4" 3
L7CLICK 3 ft (0.91 m) 1-5/8" 1
L7CLICK 2 ft (0.61 m) 1-5/8" 2, 3

Hardware Metric Hangers Cable
Equipo Métrico Soportes colgantes Cable
Matériel Métrique Supports Câble

Beschlagteil Metrisch Halter Kabel
Guarnições Métrico Suportes Cabo

 "8/7 "8/5 ,"2/1 ,"8/331-590342
"8/5-1 ,"4/1-1 ,"8/532-590342

243095-3 x 3 3/8", 1/2", 5/8" 7/8" 
243095-4 x 3 5/8", 1-1/4", 1-5/8"

 "8/7 "8/5 ,"2/1 ,"8/325-590342
"8/5-1 ,"4/1-1 ,"8/526-590342

243095-7 x 2 3/8", 1/2", 5/8" 7/8" 
243095-8 x 2 5/8", 1-1/4", 1-5/8"

 "8/7 "8/5 ,"2/1 ,"8/319-590342
"8/5-1 ,"4/1-1 ,"8/5101-590342

243095-11 x 1 3/8", 1/2", 5/8" 7/8" 
243095-12 x 1 5/8", 1-1/4", 1-5/8"
243095-1G 3 3/8", 1/2", 5/8", 7/8”
243095-2G 3 5/8", 1-1/4", 1-5/8"
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