Installation Instructions
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A CommScope Company

Positive Lock Connectors (L2*-PL)
for HELIAX® LDF2-50 Coaxial Cable

Andrew Institute offers installation training
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Straighten cable. Remove jacket.
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Cut cable at top of corrugation, remove
outer conductor, foam, and adhesive.
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Add O-ring, grease, clamp.
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Taper inner conductor.
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Straighten cable. Cut square.
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Apply pressure until tool clicks.
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Check the cut plane to ensure at the top of corrugation. If it's not
at the top of corrugation, then needs to manually cut 1-2mm of
inner conductor and use the tool re-trim cable as above shown.
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Top of corrugation

Add O-ring, grease, clamp.
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Sl Add O-ring, grease, and spring ring. n Trim the foam which high than outer conductor’s Compress foam and flare outer conductor.
cut plane; Deburr, include inside & outside edge

of outer conductor.
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Foam no high than
outer conductor
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n Remove debris.
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n Attach connector body.
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Apply heat shrink tube.
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Coupling Torque.
P A5 HH.

6.2-9.7 Ib-in
0.7-1.1 N'm

4.1-6.1 Ib-in
0.46-0.69 N'm
TNC

220-265 Ib-in
25-30 N'm
DIN

7-10 Ib-in
0.8-1.1 N'm
SMA
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Andrew LLC

www.commscope.com

Customer Service 24 hours

U.S.A,, Canada, Mexico: +1-800-255-1479
U.K.: 0800 250055 Brazil: +55-15-2102-4000
Other Europe: +44 592 782 612

Visit our Web site at www.commscope.com or contact your local Andrew LLC representative for more information.
© 2013 CommScope, Inc. All rights reserved.
Andrew LLC is a trademark of CommScope. All trademarks identified by ® or ™ are registered trademarks or trademarks,

respectively, of CommScope. This document is for planning purposes only and is not intended to modify or supplement any
specifications or warranties relating to Andrew LLC products or services.

Notice: Andrew LLC disclaims any liability or responsibility for the results of improper or unsafe installation, inspection, maintenance, or removal practices.

Aviso: Andrews LLC no acepta ninguna obligacién ni responsabilidad como resultado de practicas incorrectas o peligrosas de instalacion, inspeccién, mantenimiento o retiro.
Avis : Andrew LLC décline toute responsabilité pour les conséquences de procédures d'installation, d’inspection, d’entretien ou de retrait incorrectes ou dangereuses.

Hinweis: Andrew LLC lehnt jede Haftung oder Verantwortung fiir Schéden ab, die aufgrund unsachgemaRer Installation, Uberpriifung, Wartung oder Demontage auftreten.
Atencdo: A Andrew LLC abdica do direito de toda responsabilidade pelos resultados de praticas inadequadas e sem seguranga de instalagdo, inspegdo, manutengdo ou remogao.
Avvertenza: Andrew LLC declina eventuali responsabilita derivanti dell'esecuzione di procedure di installazione, ispezione, manutenzione e smontaggio improprie o poco sicure.
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